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Miniatursteckverbinder Serie 581

Miniature connectors series 581

Bestell-Nr.
Ordering-No.

Bezeichnung
Description

Abbildung
Figure

Maßzeichnung
Drawing

 2 3 DIN 4 5 5 (Stereo) 6 DIN 7 7 DIN 8 DIN 12 14 19 24

Technische Daten
Specifications
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Polzahl
Contacts

99 2002 00 02
99 2006 00 03
99 2010 00 04
99 2014 00 05
99 2018 00 05
99 2022 00 06
99 2026 00 07
99 2582 00 07
99 2062 00 08
–
–
–
–
–  
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99 2002 09 02 
99 2006 09 03
99 2010 09 04
99 2014 09 05
99 2018 09 05
99 2022 09 06
99 2026 09 07
– 1)

99 2062 09 08
99 2030 00 12
99 2034 00 14
99 2038 00 16
99 2042 00 19
–

versilberte Kontakte
silver plated contacts

Kabeldose mit Lötöse, schirmbar,
Kabeldurchlass 4–6 mm
Female cable connector with solder eye ring, shieldable,
cable outlet 4–6 mm

vergoldete Kontakte
gold plated contacts

Kabeldose mit Lötöse, schirmbar,
Kabeldurchlass 6–8 mm
Female cable connector with solder eye ring, shieldable,
cable outlet 6–8 mm
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99 2002 92 02
99 2006 92 03
99 2010 92 04
99 2014 92 05
99 2018 92 05
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99 2062 92 08
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99 2038 02 16
99 2042 02 19
99 2046 02 24

versilberte Kontakte
silver plated contacts

vergoldete Kontakte
gold plated contacts


