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Bestell-Nr.TASTEND - FLACH

Kontakt Bezeichnung

Grün NO
Rot NC LBX20120

LBX20120

Gehäuse ø 22

TASTEND - FLACH

Kontakt Bezeichnung

Grün NO
Rot NC
Grün NO LBX30430

Gehäuse mit 4 und 5 Tasten (Formular Seite 90)

LBX30430

Bestell-Nr.

GEHÄUSE MIT 3 TASTERN>
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IP 66
Kontakte: Bodenbefestigung mit Schraubanschluss
Nach Norm EN-IEC 60947-5-1
Mit 2 vorgepressten Ausbruchstellen ISO - 1620

GEHÄUSE MIT 2 TASTERN>

Bestellnummern in Fettdruck: ab Lager erhältliche Produkte

Technische Daten (Seite 94)
Vergleichstabelle (Seite 311)
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Empty enclosures to be equipped with:
- illuminated or non illuminated heads p . 21-45
- specific blocks for control stations (base mounted) p. 62
- frames and legend plates p. 66
Other control stations to be equipped (form p. 90)

Cat. No.

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

1 HOLE

Black base
Grey cover LBX0100
Yellow cover LBX0100J

LBX0100J

Control stations ø 22

Cat. No.

> ENCLOSURES

86

2 HOLES

Black base
Grey cover LBX0200
Yellow cover LBX0200J

LBX0200

92
,5

10
7

8
42,5 7416,5

Ø 4,5

Ø 4,5

47,9

M16/20

M16/20

59
,5

74

8

42,5 74

47,9

16,5

Ø 4,5

Ø 4,5

M16/20

M16/20




