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Separate units ø 22: Heads
IP 66
To be combined with a clip, LED block and contact blocks (p. 48)
With locking ring
Plastic chrome bezel
Black bezel on request (form p. 79)
Conform to IEC 60947-5-1

PUSH-BUTTONS - ILLUMINATED (CONTINUED)>

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

SPRING RETURN - FLUSH-FLUSH

Central part illuminated

Green
Red L61QH21

Green
Green L61QH22V

Green engraving START
Red engraving STOP L61QH21AL61QH21

Double touch

SPRING RETURN - MUSHROOM HEAD Ø 32

Red L21AL10
Green L21AL20
Yellow L21AL40
White L21AL50

L21AL10

Push

SPRING RETURN - PROJECTING

Red L21AK10
Green L21AK20
Yellow L21AK40
White L21AK50
Blue L21AK60

L21AK20

Cat. No.

12,25 11,05

29,9

53,9

22

Ø 32

16,25
Ø 29,9
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12,25 11,05

29,9

53,9

22

Ø 32

16,25
Ø 29,9

Frontelemente ø 22
IP 66
Mit Befestigungsmutter
Zur Kombination mit einem Adapter und Kontaktelementen (Seite 48)
Frontring Kunststoff verchromt - schwarzer Frontring auf Anfrage (siehe Formular Seite 79)
Nach Norm EN-IEC 60947-5-1

DRUCKTASTER - BELEUCHTBAR>

Bestellnummern in Fettdruck: ab Lager erhältliche Produkte

Technische Daten (Seite 94)
Vergleichstabelle (Seite 311)

TASTEND - FLACH-FLACH

Meldeleuchte in der Mitte

Grün
Rot L62QH21

Grün
Grün L62QH22V

Grün Bezeichnung START
Rot Bezeichnung STOP L62QH21AL62QH21

Bestell-Nr.Doppeldrucktaster

TASTEND - PILZTASTER  Ø 32

Rot L21AL10
Grün L21AL20
Gelb L21AL40
Weiß L21AL50

L21AL10

Bestell-Nr.

TASTEND - HOCH

Rot L21AK10
Grün L21AK20
Gelb L21AK40
Weiß L21AK50
Blau L21AK60

L21AK20

Bestell-Nr.

38
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IP 66
To be combined with a clip and electrical blocks (p. 48)
Equipped with a locking ring
Plastic black bezel
Conform to IEC 60947-5-1

EN 418/ISO 13850 EMERGENCY STOP - NON ILLUMINATED (CONTINUED)>

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

L22DU01

Separate units ø 22: Heads

Ø 54 EN 418/ISO 13850 - STAY-PUT

Double position indicator: head and collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red - engraving O- I L22DU01A
Red - engraving STOP - I L22DU01

Push-pull to reset with flag indicator

Ø 40 EN 418/ISO 13850 - STAY-PUT

Supplied with 2 keys profile n° 455
Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22GR01

L22GR01

Key to reset

Ø 40 EN 418/ISO 13850 - STAY-PUT

Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22ER01

L22ER01

Push-turn to reset

Ø 40 EN 418/ISO 13850 - STAY-PUT

Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22DR01

L22DR01

Push-pull to reset Cat. No.

Ø 54

38
,5

Ø 40

40
,8

63
,8

Ø 40

39
,7

Ø 40

39
,7
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