
LM2F

Cat. No.

LMV4F

36

IP 65
With locking ring
Conform to IEC 60947-5-1

BUTTON FOR POTENTIOMETER - NON ILLUMINATED>

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

Separate units ø 22: Heads

>

Head + mounting base for potentiometer
Plastic chrome bezel

Shaft ø 6 or 6.35 mm L21RP03
Potentiometer length 46 to 51 mm

L21RP03

Cat. No.

JOYSTICKS - NON ILLUMINATED>

no
n 

la
tc

hi
ng

la
tc

hi
ng

66,5 70

36
35

73

A    0    B

22

Ø 29,4

A - 0 - B

C - 0 - D

A

B

C    0    D

A

B

A    0    B

A - 0 - B

C - 0 - D

A

B

C    0    D

A

B

Heads supplied with a 3 position clip
Specific electrical blocks (p. 63)

Head does not lock in position 0

2 directions - 3 positions
2 maintained (stay-put) LM2F
2 spring-return LM2A

4 directions - 5 positions
4 maintained (stay-put) LM4F

4 spring-return LM4A

Head locks in position 0

2 directions - 3 positions
2 maintained (stay-put) LMV2F
2 spring-return LMV2A

4 directions - 5 positions
4 maintained (stay-put) LMV4F

4 spring-return LMV4A
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B
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LM2F

Bestell-Nr.

Joystick geliefert mit 3 Fachadapter
Spezielle Kontaktelemente erforderlich (siehe Seite 63)

Ohne Verriegelung in Stellung 0

2 Richtungen - 3 Stellungen
2 Rastend LM2F
2 Tastend LM2A

4 Richtungen - 5 Stellungen
4 Rastend LM4F

4 Tastend LM4A

Mit Verriegelung in Stellung 0

2 Richtungen - 3 Stellungen
2 Rastend LMV2F
2 Tastend LMV2A

4 Richtungen - 5 Stellungen
4 Rastend LMV4F

4 Tastend LMV4A

LMV4F

36

IP 65
Mit Befestigungsmutter
Nach Norm EN-IEC 60947-5-1

POTENTIOMETER ANTRIEB MIT TRÄGER - NICHT BELEUCHTBAR>

Bestellnummern in Fettdruck: ab Lager erhältliche Produkte

Technische Daten (Seite 94)
Vergleichstabelle (Seite 311)

Frontelemente ø 22

>

Potentiometer nicht im Lieferumfang enthalten
Frontring Kunststoff verchromt

Achse ø 6 bis 6,35 mm L21RP03
Achse Länge 46 bis 51 mm

L21RP03

Bestell-Nr.

JOYSTICKS - NICHT BELEUCHTBAR>

Oh
ne

Ve
rr

ie
ge

lu
ng

M
it

Ve
rr

ie
ge

lu
ng



27

IP 66
To be combined with a clip and electrical blocks (p. 48)
Equipped with a locking ring
Plastic black bezel
Conform to IEC 60947-5-1

EN 418/ISO 13850 EMERGENCY STOP - NON ILLUMINATED (CONTINUED)>

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

L22DU01

Separate units ø 22: Heads

Ø 54 EN 418/ISO 13850 - STAY-PUT

Double position indicator: head and collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red - engraving O- I L22DU01A
Red - engraving STOP - I L22DU01

Push-pull to reset with flag indicator

Ø 40 EN 418/ISO 13850 - STAY-PUT

Supplied with 2 keys profile n° 455
Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22GR01

L22GR01

Key to reset

Ø 40 EN 418/ISO 13850 - STAY-PUT

Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22ER01

L22ER01

Push-turn to reset

Ø 40 EN 418/ISO 13850 - STAY-PUT

Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22DR01

L22DR01

Push-pull to reset Cat. No.

Ø 54

38
,5

Ø 40

40
,8

63
,8

Ø 40

39
,7

Ø 40

39
,7
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