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IP 66
Base mounted contact- screw terminals
Conform to IEC 60947-5-1
Marking on control station
Frames and legend plates (p. 66)
Special engraving and mounting (form p. 90)

CONTROL STATIONS WITH 1 BUTTON (CONTINUED)>

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

Control stations ø 22

MUSHROOM HEAD Ø 54 EN 418/ISO 13850 - STAY-PUT

Compliant with the requirements of emergency stop: IEC 60947-5-5 / EN 418/
ISO 13850
Double position indicator: head and collar

Red NC STOP - LBX14201
Red 2 NC STOP - LBX14202

Contact blocks fixed behind cover (form p. 90)

Push-pull to reset with flag indicator

LBX14201

MUSHROOM HEAD Ø 40 EN 418/ISO 13850 - STAY-PUT

Compliant with the requirements of emergency stop: IEC 60947-5-5 / EN 418/
ISO 13850
Supplied with 2 keys profile n° 455

Red NC ARRÊT D’URGENCE LBX11101
Red 2 NC ARRÊT D’URGENCE LBX11102

Red NC NOT AUS LBX11201
Red 2 NC NOT AUS LBX11202

Red NC EMERGENCY STOP LBX11301
Red 2 NC EMERGENCY STOP LBX11302

Contact blocks fixed behind cover (form p. 90)

Key to reset

LBX11302

MUSHROOM HEAD Ø 40  EN 418/ISO 13850 - STAY-PUT

Compliant with the requirements of emergency stop: IEC 60947-5-5 / EN 418/
ISO 13850

Red NC ARRÊT D’URGENCE LBX15101
Red 2 NC ARRÊT D’URGENCE LBX15102

Red NC NOT AUS LBX15201
Red 2 NC NOT AUS LBX15202

Red NC EMERGENCY STOP LBX15301
Red 2 NC EMERGENCY STOP LBX15302

Contact blocks fixed behind cover (form p. 90)

LBX15101

Cat. No.Push-pull to reset
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IP 66
Kontakte: Bodenbefestigung mit Schraubanschluss
Nach Norm EN-IEC 60947-5-1
Mit 2 vorgepressten Ausbruchstellen ISO - 1620

GEHÄUSE MIT 1 TASTER (FORTSETZUNG)>

Bestellnummern in Fettdruck: ab Lager erhältliche Produkte

Technische Daten (Seite 94)
Vergleichstabelle (Seite 311)

Gehäuse ø 22

NOT-AUS TASTER Ø 54 EN 418/ISO 13850 - RASTEND

Überlistungssicher nach IEC 60947-5-5 /EN418/ISO 13850
Doppelte Zustandsanzeige: mittels gelben Ring und im Sichtfenster

Kontakt Bezeichnung

Rot NC STOP - LBX14201
Rot 2 NC STOP - LBX14202

Kontakt hinter Deckel befestigt (Formular Seite 90)

Bestell-Nr.Zugentriegelung mit Zustandsanzeige

LBX14201

NOT-AUS TASTER MIT SCHLÜSSEL, Ø 40 EN 418
/ISO 13850 - RASTEND

Überlistungssicher nach IEC 60947-5-5 /EN418/ISO 13850
Lieferung mit 2 Schlüsseln Nr. 455

Kontakt Bezeichnung

Rot NC ARRET D’URGENCE LBX11101
Rot 2 NC ARRET D’URGENCE LBX11102

Rot NC NOT- AUS LBX11201
Rot 2 NC NOT- AUS LBX11202

Rot NC EMERGENCY STOP LBX11301
Rot 2 NC EMERGENCY STOP LBX11302

Kontakt hinter Deckel befestigt (Formular Seite 90)

Bestell-Nr.Schlüsselentriegelung

LBX11302

NOT-AUS TASTER Ø 40 EN-418/ISO 13850 - RASTEND

Überlistungssicher nach IEC 60947-5-5 /EN418/ISO 13850
Kontakt Bezeichnung

Rot NC ARRET D’URGENCE LBX15101
Rot 2 NC ARRET D’URGENCE LBX15102

Rot NC NOT- AUS LBX15201
Rot 2 NC NOT- AUS LBX15202

Rot NC EMERGENCY STOP LBX15301
Rot 2 NC EMERGENCY STOP LBX15302

Kontakt hinter Deckel befestigt (Formular Seite 90)

LBX15101

Bestell-Nr.Zugentriegelung

47,9 38,5

M16/20

M16/20

Ø
 5

4
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IP 66
To be combined with a clip and electrical blocks (p. 48)
Equipped with a locking ring
Plastic black bezel
Conform to IEC 60947-5-1

EN 418/ISO 13850 EMERGENCY STOP - NON ILLUMINATED (CONTINUED)>

Catalogue No. in bold: normally in stock at distribution outlets

Characteristics (p. 94)
Cross reference list (p. 311)

L22DU01

Separate units ø 22: Heads

Ø 54 EN 418/ISO 13850 - STAY-PUT

Double position indicator: head and collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red - engraving O- I L22DU01A
Red - engraving STOP - I L22DU01

Push-pull to reset with flag indicator

Ø 40 EN 418/ISO 13850 - STAY-PUT

Supplied with 2 keys profile n° 455
Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22GR01

L22GR01

Key to reset

Ø 40 EN 418/ISO 13850 - STAY-PUT

Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22ER01

L22ER01

Push-turn to reset

Ø 40 EN 418/ISO 13850 - STAY-PUT

Head position visible from the side with yellow collar
Compliant with the requirements of emergency stop:
IEC 60947-5-5 /EN 418/ISO 13850

Red L22DR01

L22DR01

Push-pull to reset Cat. No.

Ø 54

38
,5

Ø 40

40
,8

63
,8

Ø 40

39
,7

Ø 40

39
,7
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